
Input power cords for use with eConnect PDUs that have IEC C20
inlets. 

• Select power cord to match power connection in the facility
• IEC C19 Connector attaches to the C20 Inlet on the PDU
• Sold individually, order one power cord per PDU
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Part
Number Description

Shipping
Weight
lb (kg)

17763-001 PDU Input Power Cord, 110-125 VAC or 200-240 VAC,
IEC C19 Connector to IEC C20 Plug, 10’L (3 m) 3 (1.4)

17763-002 PDU Input Power Cord, 110-125 VAC,
IEC C19 Connector to NEMA 5-15P Plug, 8’2”L (2.4 m) 3 (1.4)

17763-003 PDU Input Power Cord, 110-125 VAC,
IEC C19 Connector to NEMA 5-20P Plug, 8’2”L (2.4 m) 3 (1.4)

17763-004 PDU Input Power Cord, 200-240 VAC,
IEC C19 Connector to NEMA 6-15P Plug, 8’2”L (2.4 m) 3 (1.4)

17763-005 PDU Input Power Cord, 200-240 VAC,
IEC C19 Connector to NEMA 6-20P Plug, 8’2”L (2.4 m) 3 (1.4)

17763-006 PDU Input Power Cord, 110-125 VAC,
IEC C19 Connector to NEMA L5-15P Plug, 10’L (3 m) 3 (1.4)

17763-007 PDU Input Power Cord, 110-125 VAC,
IEC C19 Connector to NEMA L5-20P Plug, 10’L (3 m) 3 (1.4)

17763-008 PDU Input Power Cord, 200-240 VAC,
IEC C19 Connector to NEMA L6-15P Plug, 10’L (3 m) 3 (1.4)

17763-009 PDU Input Power Cord, 200-240 VAC,
IEC C19 Connector to NEMA L6-20P Plug, 10’L (3 m) 3 (1.4)

17763-010 PDU Input Power Cord, 200-240 VAC,
IEC C19 Connector to IEC 16A 2P+E Plug, 10’L (3 m) 3 (1.4)

International Plugs

17763-011 PDU Input Power Cord, 200-240 VAC, IEC C19 Connector
to 16A CEE7/7 Schuko Plug (Europe), 8’2”L (2.4 m) 3 (1.4)

17763-012 PDU Input Power Cord, 200-240 VAC, IEC C19 Connector
to BS1363 Plug (British), 8’2”L (2.4 m) 3 (1.4)

17763-013 PDU Input Power Cord, 200-240 VAC, IEC C19 Connector
to CEI23 Plug (Italian), 8’2”L (2.4 m) 3 (1.4)

NEMA 5-15P NEMA 5-20P NEMA 6-15P NEMA 6-20P

110-125VAC/15A 110-125VAC/20A 200-240VAC/15A 200-240VAC/20A

IEC 60320 C-19/C-20
110-240VAC/20A  

IEC 16A  2P+E
200-240 VAC/16A

Locking Plugs
(Single-Phase)

Straight Plugs

IEC Plugs

International
Plugs

Power Cord Plug Table:
NEMA L5-15P NEMA L5-20P NEMA L6-15P NEMA L6-20P

110-125VAC/15A 110-125VAC/20A 200-240VAC/15A 200-240VAC/20A

17763-001
Shown

16A CEE7/7
Schuko Plug BS1363 Plug CEI23 Plug


